Setup: SMD5032 24.000MHz-18pF-10uw

Description:

Reference F: 24,000,000 Hz
Power; 10.00 uW into 10.00 Ohms
CL: 18.00 pF Using: Measured FL

Run Date: 298-10-2007 2:15 arr

S&A 250B: 15.62 Report: 4.62

FT, FL RR R1L.D2 DLD2 co Q L cl TS
ppm MHz Ohms Chms Ohms pF k mH f¥ ppm/pF

30.00 50.00 50.00 12.00 5.00

-30.00 0.00 0.00 ©0.00

1 -2.36 23.999943 B.30 9.58 2.69 2.69 92 5.1 8.7 10.1
2 2.11 . 24.000051 7.19 7.36 1.32 2.68 103 1.9 8.9 10.4
3 -1.38 23.9999467 .38 8.73 1.65 2.66 90 5.0 8.8 10.3
4 -2.71 23.999835 7.78 8.02 1.45 2.71 97 5.0 8.7 10.2
5 -1.90 23.999954 13.08 13.60 2.10 2.71 57 4.9 9.0 10.5
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Setup: SMD5032 24.000MHz-18pF-50uw _ Run Date: 29-10-2007 2:14 arw

Description:
Reference F: 24,000,000 Hz
Power: 50.00 uW into 10.00 Ohms

CL: 18.00 pF Using: Measured FL S&A 250B: 15.62 Report: 4.6

FL FL RR RLDZ DLD2 CG Q L Ccl TS
ppm MHz Ohms Ohms Ohms eF k mH fF ppm/pF

30.00 50.00 50.00 12.00 5.00

-30.00 0.00 0.00 0.00

1 -2.36 23.999943 7.41 9.47 2.55 2.69 103 5.0 8.7 10.2
2 2.06 24.000049 6.48 7.38 1.32 2.68 114 4.9 9.0 10.5
3 -1.46 23.999965 7.56 8.69 1.61 2.67 100 5.0 8.8 10.3
4 =-2.70 23.599935 7.02 8.00 1.41 2.71 107 5.0 8.8 10.3
5 -1.88 23.599955 12.31 13.64 2.14 2.71 60 4.9 9.0 10.5
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Setup: SMD5032 24.000MHz-18pF-100uw Run Date; 29-10-2007 213 amr

Description:
Reference F: 24,000,000 Hz
Power: 100.00 uW into 10.00 Chms

CL: 18.00 pF Using: Measured FL S&A 250B: 15.62 Report: 4.62

FL FL RR RLD2 DLD2 co Q L Ccl TS

ppm MHz Ohms Ohms Chms DF k mil fF  ppm/pF

30.00 50.00 50.00 12.00 5.00
-30.00 0.00 0.00 Q.00

i ~2.40 23.9389942 7.02 9.34 2.43 2.69 106 4.9 8.9 10.4
2 2.11 24.000051 6.13 7.45 1.41 2.68 118 4.8 9.1 10.7
3 -1.40 23.999966 7.20 8.69 1.6l 2.66 103 4.9 8.0 10.5
4 -2.70 23.999935 6.66 7.98 1.40 2.71 111 4.9 9.0 10.4
9 -1.87 23.999955 11.70 13.68 2.19 2.71 6z £.8 8.2 10.7
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