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Comment Description Designator Footprint LibRef Quantity
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC1 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC1 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC1 C0603 Cap Semi 1
100nF 100nF C1 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC2 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC2 C0603 Cap Semi 1
0.1uF NM Capacitor C2 C0603 Cap 1
10nF  NM NP C2 C0603 Cap Semi 1
0.1uF C3 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC3 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC3 C0603 Cap Semi 1
10nF  NM 10nF  NM C3 C0603 Cap 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC4 C0603 Cap Semi 1
100nF C4 C0603 Cap Semi 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC4 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC5 C0603 Cap Semi 1
10nF 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC5 C0603 Cap Semi 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC5 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC6 C0603 Cap Semi 1
10nF  NM NP C6 C0603 Cap Semi 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC6 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC7 C0603 Cap Semi 1
10nF  NM Capacitor C7 C0603 Cap 1
NP C7 C0603 Cap Semi 1
NP NP C7 C1206 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC8 C0603 Cap Semi 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC8 C0603 Cap Semi 1
NP NP C8 C0603 Cap Semi 1
NP NP C8 C1206 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC9 C0603 Cap Semi 1
1nF NM Capacitor C9 C0603 Cap 1
GCJ219R72A471KA01D470pF/0805/100V/X7R/10%/GCJ219R72A471KA01DC9 C0805 Cap Semi 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC9 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC10 C0603 Cap Semi 1
1nF NM Capacitor C10 C0603 Cap 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC10 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC11 C0603 Cap Semi 1
1nF NM Capacitor C11 C0603 Cap 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC11 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC12 C0603 Cap Semi 1
1nF NM Capacitor C12 C0603 Cap 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC12 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC13 C0603 Cap Semi 1
1nF NM Capacitor C13 C0603 Cap 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC13 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC14 C0603 Cap Semi 1
1nF NM Capacitor C14 C0603 Cap 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC14 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC15 C0603 Cap Semi 1
1nF Capacitor C15 C0603 Cap 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC16 C0603 Cap Semi 1
1nF Capacitor C16 C0603 Cap 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC17 C0603 Cap Semi 1
1nF Capacitor C17 C0603 Cap 1
0.1uF  NC C18 C0603 Cap Semi 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC18 C0603 Cap Semi 1
NP NP C18 C0603 Cap Semi 1
0.1uF  NC C19 C0603 Cap Semi 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC19 C0603 Cap Semi 1
Cap Capacitor C19 C0603 Cap 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC20 C0603 Cap Semi 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC21 C0603 Cap Semi 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC22 C0603 Cap Semi 1
10nF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC23 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC26 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC27 C0603 Cap Semi 1
0.1uF C32 C0603 Cap Semi 1
0.1uF 0.1uF C33 C0603 Cap Semi 1
0.1uF NM Capacitor C40 C0603 Cap 1
NP NP C41 C1206 Cap Semi 1
NP NP C42 C1206 Cap Semi 1
GCJ219R72A471KA01D470pF/0805/100V/X7R/10%/GCJ219R72A471KA01DC44 C0805 Cap Semi 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC45 C0603 Cap Semi 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC46 C0603 Cap Semi 1
0.1uF NM Capacitor C47 C0603 Cap 1
10nF 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC51 C0603 Cap Semi 1
10nF 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC83 C0603 Cap Semi 1
0.1uF NM 0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC85 C0603 Cap Semi 1
1nF NM Capacitor C174 C0603 Cap 1
1nF NM Capacitor C175 C0603 Cap 1
1nF NM Capacitor C176 C0603 Cap 1
UMK107B7104KAHT0.1uF/0603/50V/X7R/10%/UMK107B7104KAHTC195 C0603 Cap Semi 1
BZX84C5V1 NM Zener Diode D1 SOT-23 D Zener 1
1A/SMA 1A/1000V/SMA/GN3MD2 DO-214AC Diode 1
BZX84C5V1 NM Zener Diode D2 SOT-23 D Zener 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD3 DWx-HJS LED0 1
SMBJ36CA D3 SMB - 2WAY TVS1 1
1A/SMA 1A/1000V/SMA/GN3MD4 DO-214AC Diode 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD4 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD5 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD6 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD7 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD8 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD9 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD10 DWx-HJS LED0 1
DWA- HJS-KL2-2-VxTypical INFRARED GaAs LEDD11 DWx-HJS LED0 1
1A/SMA 1A/1000V/SMA/GN3MD12 DO-214AC Diode 1
BZX84C5V1 NM Zener Diode D13 SOT-23 D Zener 1
SMBJ36CA D17 SMB - 2WAY TVS1 1
1*4PIN CONNECT JP1 CON/SMT/V/4PIN/UJU1*4PIN CONNECT 1
1*4PIN CONNECT JP2 CON/SMT/V/4PIN/UJU1*4PIN CONNECT 1
1*4PIN CONNECT JP3 CON/SMT/V/4PIN/UJU1*4PIN CONNECT 1
1*4PIN CONNECT JP4 CON/SMT/V/4PIN/UJU1*4PIN CONNECT 1
1*3PIN CONNECT JP6 CON/DIP/2.0 hole 5.0 space-3PIN1*3PIN CONNECT 1
1*7PIN CONNECT JP7 CON/SMT/A2062-07AWB1*7PIN CONNECT 1
0R 10K, 0603, 0.1W, 1%, CR-03FA7---10KL2 R1206 Res Semi 1
0R 10K, 0603, 0.1W, 1%, CR-03FA7---10KL3 R1206 Res Semi 1
DWA- HJS-KL2-2-Vx LED1 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED1 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED1 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED2 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED2 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED2 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED3 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED3 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED3 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED4 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED4 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED5 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED5 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED6 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED6 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED7 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED8 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED9 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED10 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED11 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED12 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED13 DWx-HJS LED3 1
DWA- HJS-KL2-2-Vx LED14 DWx-HJS LED3 1
NTCG164LH223JTDS  NM NTC1 R0603 RESISTOR-NTC 1
NTCG164LH223JTDS  NM NTC1 R0603 RESISTOR-NTC 1
NTCG164LH223JTDS  NM NTC2 R0603 RESISTOR-NTC 1
Header 3 Header, 3-Pin P1 HDR1X3 Header 3 1
DTC143ZCAHZGT116NPN Transistor Q1 SOT-23-DTC143 NPN-R 1
DTC143ZCAHZGT116NPN Transistor Q1 SOT-23-DTC143 NPN-R 1
DTC143ZCAHZGT116NPN Transistor Q1 SOT-23-DTC143 NPN-R 1
2N7002K 340mA/60V/SOT-23/2N7002KQ2 SOT-23 NMOS1 1
2N7002K NC 340mA/60V/SOT-23/2N7002KQ2 SOT-23 NMOS1 1
2N7002K NC 340mA/60V/SOT-23/2N7002KQ2 SOT-23 NMOS1 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR1 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR1 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR1 R0603 Res Semi 1
4.7k Resistor R2 R0603 Res1 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR2 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR2 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR3 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR3 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR3 R0603 Res Semi 1
4.7K Resistor R4 R0603 Res1 1
5.05K 5.05K R4 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR4 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR5 R0603 Res Semi 1
55.6K 55.6K R5 R0603 Res Semi 1
Res1 Resistor R5 R0603 Res1 1
5.05K 10K/1206/0.25W/1%/CR-06FA7---10KR6 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR6 R0603 Res Semi 1
8.76K 7.32K R7 R0603 Res Semi 1
55.6K 10K/1206/0.25W/1%/CR-06FA7---10KR7 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR7 R0603 Res Semi 1
0R R8 R0603 Res Semi 1
7.32K 10K/1206/0.25W/1%/CR-06FA7---10KR8 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR8 R0603 Res Semi 1
0R 10K/1206/0.25W/1%/CR-06FA7---10KR9 R0603 Res Semi 1
1K  NM 1K  NM R9 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR9 R0603 Res Semi 1
1K NM 10K/1206/0.25W/1%/CR-06FA7---10KR10 R0603 Res Semi 1
10K  NM 10K  NM R10 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR10 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR11 R0603 Res Semi 1
10K  NM 10K/1206/0.25W/1%/CR-06FA7---10KR11 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR11 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR11 R1206 Res Semi 1
0R R12 R1206 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR12 R0603 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR12 R0603 Res Semi 1
0R R13 R1206 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR13 R0603 Res Semi 1
10K 10K/1206/0.25W/1%/CR-06FA7---10KR14 R0603 Res Semi 1
8.76K 7.32K R15 R0603 Res Semi 1
44.2R 44.2R R85 R1206 Res Semi 1
CR-06FA7---10K 10K/1206/0.25W/1%/CR-06FA7---10KR91 R1206 Res Semi 1
TLD2141-3EP U1 SOP65P600X115-15N-VTLD2141 1
TLD2141-3EP U1 SOP65P600X115-15N-VTLD2141 1
TLD2141-3EP U2 SOP65P600X115-15N-VTLD2141 1
TLD2141-3EP U3 SOP65P600X115-15N-VTLD2141 1
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